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GMFJ030C12-GMFC030C12

D

BLOCCHI AGGIUNTIVI E ACCESSORI PER SERIE GM
GB ADD-ON BLOCKS AND CCESSORIES FOR GM SERIES

ANAUBLÖCKE UND ZUBERHÖR FÜR SERIE GM
BLOCKS ADDITIIS EL ACCESSORIES POUR SERIE GM
BLOQUES ADICIONALES Y ACCESSORIOS PARA SERIE GM
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https://www.lovatoelectric.com/GMFC030C12/GMFC030C12/snp
https://www.lovatoelectric.com/GMFJ030C12/GMFJ030C12/snp
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GMF_030C12

0,75...10 mm²
18...8 AWG

12...14
0.47...0.55

1,5...2 Nm
13...18 lb.-in.

UL 198C

GMFJ030C12 GMFC030C12

95
3.74

104
4.10

287-437 / 11.31-17.22

EN 50022

35
1.38

85
3.35

97
3.82

38
1.50

4,5
0.18

14,3
0.55

30,8
1.21

27,6
1.08

106
4.18

75...80
2.95...3.15

I

O Test

93
3.66

*

*

*
*

113
4.45

min. 14 / 0.55

65
2.56 GMX7...S06

GAX66N-GAX66NB

https://www.lovatoelectric.com/GMFJ030C12/GMFJ030C12/snp
https://www.lovatoelectric.com/GMFC030C12/GMFC030C12/snp
https://www.lovatoelectric.com/GAX66NB/GAX66NB/snp
https://www.lovatoelectric.com/GAX66N/GAX66N/snp


3

3

4 Clearances per UL98

I

O Test

Minimum enclosure size or equivalent volume

Cable size
C
38 mm 1.5 in

AWG
18-8

GMF_30C12

Height
200 mm

8 in

Width
200 mm

8 in

Depth
150 mm

6 in

45.7 mm 1.8 in
45.7 mm 1.8 in
45.7 mm 1.8 in

A
B
C

EN 50022

35
1.38

75
2.95

M4
5/32

1,5...2 Nm
13...18 lb.-in.

75-80
2.95-3.15

M4
5/32

Not in scale
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GMF_30C12
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GMXFM1
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GMX33

13 5

24
6

1x1,5mm²
 0,4 Nm
1x15 AWG
3.5 lb.in.

2 4 6

1 3
5

2,8-0,8
.110-.032
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GMX505

https://www.lovatoelectric.com/GMX505/GMX505/snp
https://www.lovatoelectric.com/GMX33/GMX33/snp
https://www.lovatoelectric.com/GMXFM1/GMXFM1/snp
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GMX33
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GMFJ030C12
GMFC030C12

GMX33
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https://www.lovatoelectric.com/GMFJ030C12/GMFJ030C12/snp
https://www.lovatoelectric.com/GMX33/GMX33/snp
https://www.lovatoelectric.com/GMX33/GMX33/snp
https://www.lovatoelectric.com/GMFC030C12/GMFC030C12/snp
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2 x 0,75...2,5 mm
2 x 18...14AWG

POZIDRIVE
M3,5  Form 2

0,8 Nm
7 lb.-in.

2

11

37

21

13

_1
_2

_3
_4

GMX1010 GMX1001
I
O

Test

GMX33

I

O Test

GMX1010

max 3+3
GMX1001

1

2

3

GMFJ030C12
GMFC030C12

GMX10...

https://www.lovatoelectric.com/GMX33/GMX33/snp
https://www.lovatoelectric.com/GMX1010/GMX1010/snp
https://www.lovatoelectric.com/GMX1010/GMX1010/snp
https://www.lovatoelectric.com/GMX1001/GMX1001/snp
https://www.lovatoelectric.com/GMX1001/GMX1001/snp
https://www.lovatoelectric.com/GMFJ030C12/GMFJ030C12/snp
https://www.lovatoelectric.com/GMFC030C12/GMFC030C12/snp
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GMFJ030C12
GMFC030C12
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GMX1011

GMX1011

https://www.lovatoelectric.com/GMX1011/GMX1011/snp
https://www.lovatoelectric.com/GMX1011/GMX1011/snp
https://www.lovatoelectric.com/GMFJ030C12/GMFJ030C12/snp
https://www.lovatoelectric.com/GMFC030C12/GMFC030C12/snp
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I

O Test

GMFJ030C12
GMFC030C12
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GMX61DB

GMX61DB

https://www.lovatoelectric.com/GMX61DB/GMX61DB/snp
https://www.lovatoelectric.com/GMX61DB/GMX61DB/snp
https://www.lovatoelectric.com/GMFJ030C12/GMFJ030C12/snp
https://www.lovatoelectric.com/GMFC030C12/GMFC030C12/snp

