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Packaging

Automatic and
semi-automatic
packaging machines
for cartons, plastic bags
or cases or with
cellophane, etc.

Conveyance machinery
Product conveyor belts
for warehouses, trade
businesses, etc.

Food processing industry
Machinery for bread, bakery
and fresh pasta, confectionery
equipment, mixers and
blenders, flour and liquid
dispensing equipment, etc.

Automatic car washing

Pumps

Fans, dryers, water
purification systems,
waterworks, etc.

Fans

Fans for air conditioning,
refrigeration systems,
CoMpressors.




I ENCLOSED SWITCH DISCONNECTORS AND CHANGEOVER SWITCHES

IEC/EN, IP65 in plastic enclosure

>

Switch disconnectors in enclosure RAL7035
with wide range of optional accessories
Enclosure material: ABS

Red/Yellow or Black handles

Padlockable handles

Sealable cover

Degree of protection: IP65

Cable entry:

- knockouts

- smooth surface (drilled by customer).

PLASTIC ENCLOSED VERSION WITH RED/YELLOW OR BLACK HANDLE

AC21A (IEC/EN) 16A | 25A | 32A | 40A | 63A | 80A | 100A | 125A | 160A
SWITCH DISCONNECTORS

Dimensions (LxHxD) mm 100x168x120 175x210x122 233x280x193
Three-pole [EC/EN ° ° ° ° ° ° ° ° °
Four-pole IEC/EN ® () ) ) ) ) )

UL/CSA, Type 4/4X in plastic enclosure
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Switch disconnectors and changeover switches in enclosure
RAL7035 with wide range of optional accessories
Enclosure material: polycarbonate

Red/Yellow or Black handles

Padlockable handles

Sealable cover

Degree of protection: IP65, UL/CSA Type 4/4X
Cable entry:

- knockouts

- smooth surface (drilled by customer).

PLASTIC ENCLOSED VERSION WITH RED/YELLOW OR BLACK HANDLE
AC21A (IEC/EN) 16A 25A 32A 40A 63A 63A 80A 100A | 125A
GENERAL USE 600VAC (UL/CSA) 16A 25A 32A 40A 60A 60A 100A | 100A | 100A
SWITCH DISCONNECTORS
Dimensions (LxHxD) mm 100x168x120 1752105122 233x280x193
Three-pole UL 60947-4-1 ® ) ° ® )
Three-pole UL98 ) ) ® ®
Four-pole UL 60947-4-1 o )
Four-pole UL98 ) ® )
CHANGEOVER SWITCHES
Dimensions (LxHxD) mm 175x210x122 175210122 233x280x193 233x280x193
Three-pole UL 60947-4-1 ® [ )
Three-pole UL98 ) )
Four-pole UL 60947-4-1 ® [ )
Four-pole UL98 ) ®




IEC/EN, IP65 in metal enclosure

> Switch disconnectors and changeover switches in enclosure
RAL7035 with wide range of optional accessories
Enclosure material: steel
Red/Yellow or Black handles
Padlockable handles
Front door closing with screws

Degree of protection: IP65
Cable entry:
- smooth surface (drilled by customer).

METAL ENCLOSED VERSION WITH RED/YELLOW OR BLACK HANDLE
AC21A (IEC/EN) 16A | 25A | 32A | 40A | 63A | 80A | 100A | 125A | 160A | 160A | 200A | 250A | 315A
SWITCH DISCONNECTORS
Dimensions (LxHxD) mm 150x200x120 200x300x120 300x400x250
Three-pole IEC/EN ) () ) ) [ ) ) ) ) ® ® ® ®
Four-pole IEC/EN ) ) ) ) ) ) )
4th pole - simultaneous closing ) ) ) ®
CHANGEOVER SWITCHES
Dimensions (LxHxD) mm 150x200x120 150x200x120 200x300x120 300x400x250
Three-pole IEC/EN ) [ [ ) ) ) ) ® ® ®
Four-pole IEC/EN ) ) ° o o [ ° ) ) )

[EC/EN, IP65 in stainless steel
AISI 304 enC|OSUI‘e > Switch disconnectors in enclosure with wide range of

optional accessories

Enclosure material: AlSI 304 stainless steel
Red/Yellow or Black handles

Padlockable handles

Front door closing with screws

Degree of protection: IP65

Cable entry:
- smooth surface (drilled by customer).

STAINLESS STEEL AISI 304 ENCLOSED VERSION WITH RED/YELLOW OR BLACK HANDLE

AC21A (IEC/EN) 16A | 25 | 32a | aA | e3n | 100A
SWITCH DISCONNECTORS
Dimensions (LxHxD) mm 150x200x120

Three-pole [EC/EN e | o | e | e | e | o




Il LOVATO ELECTRIC LTD
Lovato House - Providence Drive Lye
STOURBRIDGE
West Midlands - DY9 8HQ - ENGLAND
Tel. +44 01384 899700
sales@Lovato.co.uk
www.Lovato.co.uk

Il LOVATO ELECTRIC GmbH
Im Ermlisgrund 30
76337 WALDBRONN
GERMANY
Tel. +49 7243 766 937 0
info@LovatoElectric.de
www.LovatoElectric.de

Il LOVATO ELECTRIC SP. Z 0.0.
ul. Zachodnia 3
55-330 Btonie k. Wroctawia
POLAND
Tel. +48 71 7979010
info@LovatoElectric.pl
www.LovatoElectric.pl

Il 000 Jlosato dnekTpuk
107023, r. Mockea
yn. CysopoBckas, A.19, cTp. 2,
RUSSIA
Ten: +7 (495) 998-50-80
info@LovatoElectric.ru
www.LovatoElectric.ru

Il LOVATO ELECTRIC SAS
IMMEUBLE DANICA B
21 Avenue Georges Pompidou
FRANCE
Tel. +3347291 3135
info@LovatoElectric.fr
www.LovatoElectric.fr
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www.LovatoElectric.com

Il LOVATO ELECTRIC CORPORATION
4500, Garand Street
Laval, Quebec CANADA
H7L 526
Tel. +579-641-1253
info@Lovato.ca
www.Lovato.ca

Il LOVATO ELECTRIC S.L.U
Pol. Ind. Llinars Park
C/. de la Tecnologfa, 102
Passatge B, Nau 9
08450 LLINARS DEL VALLES - SPAIN
Tel. +34 93 7812016
LovatoElectric@LovatoElectric.es
www.LovatoElectric.es

Il LOVATO ELEKTRIK LTD
Araylar Sanayi Sitesi
No:9A/36 Ozvatan Caddesi
Tepedren Mahallesi 34959 Tuzla
Istanbul, TURKEY
Tel. +90 216 499 86 86
info@LovatoElectric.com.tr
www.LovatoElectric.com.tr

Il LOVATO ELECTRIC CO LTD
Shanghai, CHINA
b ¥ T BT S 552885 I B AT AR ]
Fr 3 0B 701 8 7T
W45 201103
H3E . +86 021 62961837
info@LovatoElectric.cn
www.LovatoElectric.cn

LOVATO ELECTRIC S.P. A.

via Don E. Mazza, 12

24020 Gorle (Bergamo), Italy
tel +39 035 4282111
info@LovatoElectric.com

Il LOVATO ELECTRIC INC
2017 Georgetown Blvd.
CHESAPEAKE, VA 23325
UNITED STATES
Tel. +1 757 545-4700
info@LovatoUsa.com
www.LovatoUsa.com

Il LOVATO ELECTRIC. S.R.0.
Cizovska 488
397 01 PISEK
CZECH REPUBLIC
Tel. +420 226 203210
Lovato@LovatoElectric.cz
www.LovatoElectric.cz

Il LOVATO ELECTRIC ME FZE
#A101-9, First Floor, Block A
DS0-0perations and Facility Centre
DUBAI SILICON OASIS
Dubai, UAE
Tel. +971 4 371 2713
info@lovatoelectric.ae
www.LovatoElectric.ae

Il LOVATO ELECTRIC SRL
Muntenia Business Center,
Splaiul Unirii nr. 16, et. 6, cam. 601
R0O-040035, sector 4,
Bucarest, ROMANIA
Tel. +40 372 074 155
info@LovatoElectric.ro
www.LovatoElectric.ro

Follow us

(f) @) @n) € ©)
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I, in compliance with current plant

engineering and installation standards, in order to avoid injury to persons or damage to property.
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