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Rated data – Dati nominali 

 
    

  R P 
  [Ω] [W] 
VLBX R390 390 100 
VLBX R180 180 200 
VLBX R047 47 200 
VLBX R027 27 200 
VLBX R018 18 800 
VLBX R015 15 800 
VLBX R007 7.5 1900 

 

 

 

VLBX R390 ( Weight/peso = 0,260kg) 

 

 

 

 

 

 

 

 

R = Resistance – Resistenza 
 
P = Power – Potenza  
 



VLBX R180 - VLBX R047 – VLBX R027 (Weight/peso = 0,500kg) 

 

 

 

VLBX R018 – VLBX R015 (Weight/peso = 4,200kg) 

 

 

 



VLBX R007 (Weight/peso = 9,500kg) 

 

 

Free space for mounting [mm] – Spazio libero per il montaggio [mm] 

 

 



Mounting steps - Sequenza di montaggio 

 

 

 
 

 


