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I-LOVATO make-up article type (do not show on the body)
~II — Product base type
I - Wiring terminal form Blank — screw pad
. F— (FASTON)
S —(PCB SOLIDER PIN)
IV — AC-3 Rated Current: 6A, 9A, 12A
V — Contact configuration — 10 — 3NO (Main) + INO (Aux) - 40 - 4NO (Aux)
" 01-3NO (Main) + INC (Aux)  -31-3NO (Aux) + INC (Aux)
T2 —2NO (Main) + 2NC (Main) - 22 - 2NO(Aux)} + 2NC (Aux)..
T4 — 4 NO (Main)
VI —Supply voltage — A — AC
D-DC
L —DC (Low Consumption, {i&FF DC 24, 48V)
VII — Coil voltage rating
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